Orta Gerilim Kablolan

Medium Voltage Cables

YXC8VZ3V-R / YE,SHSV / 2XSEYFGY 8,7/15 kV

TS IEC 60502-2

Protothen® -X Yalitkanl Enerji Kablolan
Protothen® -X Insulated Power Cables

PROTOTHEN'-X

Yapi / Construction

U¢ damarli, cok telli, balar iletkenli, dielektrik kayiplan cok kiigiik

12 PROTOTHEN®-X (XLPE) yalitkanli, elektriksel alani homojenlestirici 6zel ic
3 ve dis yari iletken tabakali, yiiksek lasa devre akimlarina karsi uygun kesitte
4 ve ozel olarak ilave edilmis bakir ekranli, yassi galvanizli celik tel zirhli ve
galvanizli celik tutucu bantli, PROTODUR® (PVC) dis kihifli orta gerilim enerji
5 kablolari.
6 1- Bakir iletken
7 Cu-conductor Three-core medium voltage energy cables with stranded copper conductors,
8 PROTOTHEN®-X (XLPE) insulation, special inner and outer semi-conductive
2- i yar iletken tabaka layers on conductors and insulation, copper tape screen on each core, armour of
Inner semi conductive layer galvanized flat steel wires and helix steel binding tape and PROTODUR® (PVC)
outer sheath.
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4- Dis yan iletken tabaka Bu !(ablo!ar, 'I:S IEC 60502-2'ye uygun olarak iiretilirler.
Outer semi conductive layer - Izin verilen igletme sicakligi: 90 °C
- Izin verilen kisa devre sicakhgi: 250 °C
g 5- Balar seritten ekran (Kisa devre zamani t < 5 sn. icin)

Copper tape screen

6- Dolgu
Filler

7- PROTODUR® (PVC) ayirici kilif
PROTODUR® (PVC) separation sheath

8- Galvanizli yassi celik tel ve tutucu
celik bant
Armour of galvanized flat steel
wires and steel tape counter helix

9- PROTODUR® (PVC) dis kalif
PROTODUR® (PVC) outer sheath

These cables are produced according to TS IEC 60502-2
- Permissible operating temperature: 90 °C

- Permissible short-circuit temperature: 250 °C

(for short circuit duration up to 5 sec.)

Kullanildig1 Yerler / Applications

Elektriksel kayiplan benzerlerine gore ¢ok diisiik olan bu kablolar, kisa devre
alamlarinin biiyiik oldugu biiyiik yerlesim ve sanayi bdlgelerinin elektrik
enerjisi ile beslenmelerinde ve yiik artislar beklenen sebekelerde, haricte,
kablo kanallarinda, dahilde ve toprak altinda kullanilirlar. Ozel olarak
iiretildiklerinde tath ve tuzlu suda kullanilirlar.

These cables have very low electrical loss compare to their similars and they are
used in cable ducts, outdoor and indoor installations, underground where the
short circuit levels are high such as urban and industrial areas fed by electrical
energy. They are also used under normal and salty water if specially produced.

QDO DO

Maksimum Kisa Devre Sicakhigi Aleve Dayanikhilik Rl]it Kursunsuz Darbelere Dayanikli Test Gerilimi (AC)
isletme Sicakligi Maximum Short Flame Retardant Rigid Lead Free Impact Resistance Test Voltage (AC)
Maximum Operating Circuit Temperature IEC 60332-1-2 35U

Temperature

Kullanildigi Yerler / Applications

O20060e

Serim Sicakhig Toprak Altinda Beton iginde Acikta Tatli / Tuzlu Suda (*)
Installation Direct Buried In Concrete In Free Air Normal and Salty
Temperature Water (*)
Min 0°C

(*) Gzl olarak imal edildigi takdirde tath ve tuzlu suda kullanilir.
(¥) Can be used in normal or salty water if specially produced.

PRYSIVIIAN

NI

1o



YERLI
URETIM

Teknik Ozellikler / Technical Features

YXC8VZ3V-R / YE SHSV / 2XSEYFGY
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8,7/15 kV

- i Calisma Cahsma Akim Tagima Kapasitesi 5
ot .

Nominal Kesit | Bakir Faktorii I(a(l;l:klil;gllc;pl ?;:I:}:"IIII(I; Zuni%e. IIEtI,(e" Indiiktansi Kapasitesi Se\(lgallldz:r:ll:;gu
$ i frencl (Yaklasik) (Yaklagik) Toprakta ‘ Havada i

Rated . Overall Net Weight Conguctor DC Operating Operatlmg Current Carrying Capacity in Delivery Length

Cross-section Cu Factor Diameter of (Approx) Resistance at Inductance Capacity (Approx)
Cable (Approx.) PprOX. 20°C (Approx.) (Approx.) Ground ‘ Air pprox.
mm? 1000 m mm kg/km 0/km mH/km pF/km A ‘ A m
3 Damarh / 3 Cores
3x255 /16 921 49,6 4.004 0,727 0,414 0,164 148 143 500
3x355/16 1.209 51,6 4.465 0,524 0,392 0,181 178 173 500
3x505/16 1.671 54,5 5128 0,387 0,374 0,195 210 206 500
3x70s/16 2.247 58,3 6.102 0,268 0,354 0,222 256 257 500
3x955/16 2.994 62]1 7.248 0,193 0,332 0,248 307 313 500
3x1205/16 3.714 66,0 8.386 0153 0,320 0,271 349 360 250
3 x1505 / 25 4.638 68,8 9493 0,124 0,314 0,290 392 410 250
3x1855 /25 5.646 72,5 10.910 0,0991 0,303 0,315 443 469 250
3x 2405/ 25 7.272 78,3 13.212 0,0754 0,291 0,354 513 553 250
NOT: Alim tagima kapasiteleri toprak sicakhgi 20 °C, hava sicakligi 30 °C, 1Km/W ve 0,7 yiikleme derecesi sartlarinda gecerlidir.
Current carrying capacities are valid at 20 °C earth temperature, 30 °C free air temperature, 1Km/W and 0,7 loading (cyclic).
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